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SPECIFICATIONS SUBJECT TO CHANGE WITHOUT NOTICE
DIMENSIONS ARE FOR REFERENCE ONLYANGLE TOLERANCE (°) ±8

DIFFUSING ANGLE (°) 80 (FWHM)
DAMAGE THRESHOLD, PULSED 0.22 J/cm² @ 1064nm @ 10ns
OPERATING TEMPERATURE (°C) -30 to +100 (Maximum of 240 Hours)

SUBSTRATE Polycarbonate
TRANSMISSION (%) >85

WAVELENGTH RANGE (nm) 400 - 1600
RoHS COMPLIANT DWG NO
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