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DETAIL A

FOR INFORMATION ONLY:
DO NOT MANUFACTURE
PARTS TO THIS DRAWING

SPECIFICATIONS SUBJECT TO CHANGE WITHOUT NOTICE
DIMENSIONS ARE FOR REFERENCE ONLY

NOTES:

SUBSTRATE1.
FUSED SILICA WITH CHROME DEPOSIT

OPTICAL DENSITY: 2.
>7 @ 400nm
6 @ 550nm
4.5 @ 750nm
3.6 @ 1000nm

SPECTRAL RANGE: 200 - 2000nm3.

PINHOLES DIAMETER: 4µm, 2µm, 1µm, 0.5µm, 0.25µm4.
LINE PATTERNS: 59 GROUPS, 7.5-3300 lp/mm
LINE WIDTHS: 66.7µm - 0.152µm 
PATTERN TOLERANCE: 100nm/cm = 10^-5

CONSTRUCTION: STAINLESS STEEL, 75 x 25 x 1.5mm, MICROSCOPE SLIDE 5.
FORMAT

ROHS: COMPLIANT6.
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