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FOR INFORMATION ONLY:
DO NOT MANUFACTURE
PARTS TO THIS DRAWING

SPECIFICATIONS SUBJECT TO CHANGE WITHOUT NOTICE
DIMENSIONS ARE FOR REFERENCE ONLY

NOTES:
 

RoHS: COMPLIANT 1.

VALUE
BEAM DIVERGENCE (mrad) <1.50
COLOR INFRARED
OUTPUT POWER (mW) 50.00 
POINTING STABILITY AFTER WARM UP 
(mrad/°C) <0.05 

 POLARIZATION >100:1 
 POWER STABILITY (%) <2% RMS OVER 4 HOURS 
 WAVELENGTH (nm) 1064 
 MODE QUALITY, M2 <1.50
 MODULATION FREQUENCY (kHz) 1-10 
 BEAM DIAMETER (mm) 1.50 DWG NO
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