
0

10

20

30

40

50

60

70

80

90

100

250 350 450 550 650 750 850 950 1050 1150

T
ra

n
sm

is
si

o
n

 (
%

)

Wavelength (nm)

266nm T, 532 & 1064nm R Harmonic Separator Typical Transmission
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