NOTES:

1. SUBSTRATE MATERIAL:
FLOAT GLASS

2. COATING (APPLOW ACROSS CLEAR APERTURE):

S1: ALUMINUM
S2: NONE

3. WAVELENGTH RANGE: 400 - 1200nm
NOMINAL BLAZE WAVELENGTH: 700nm
GROOVE DENSITY:1200 GROOVES/mm

EDGES GROUND
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